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MULTI-COLOR
GRAPHIC OVERLAYS

Site #010859
ISO 14001
ISO 9001

TS 16949 
Site #1047263 
Site #1062702

AS 9100
Site #A8856

AVAILABLE IN
Up to .005” Lexan 
in Roll Form 
Sheet Form
Die Cut
Kiss Cut
Multi-label Sets
Custom Prototypes•
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MARKETS SERVED
Computer
Electronics
Medical
Semiconductor
Telecommunications
Networking
Industrial
Agriculture
Construction
Automotive
Aerospace
Trucking
Appliance
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CAPABILITIES
Front Panel Overlays
Internal Overlays
Durable Four-color Process
Smooth Gradations & Halftones
Select UV Textures & Hardcoats
Integrated EMI/RFI Shielding
Clear, Antiglare & Deadfront 
LCD/LED Display Windows
Multi-color Lenses
Pinhole Placements for 
Automation
Pantone Color Matching & 
Custom Color Matching
Custom Spot Colors
Dual Surface Printing
Domed Finishes
Embossed/Debossed
Print with Script or Type
Precision Laser Cutting
   Close Tolerances
   Intricate Cutouts & 
   Prototypes
Rigid Quality Control
Prototypes Available in 
One Week
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MATERIALS
Thin Film Plastics
Polycarbonates (Lexan)
Polyester (Mylar, Melinex)
PET-PC Blends
Polypropylene
Vinyl
Reflective & Brushed Polyester
Custom Surfaces
Custom Thicknesses
Custom-Matched Adhesives
Full Cover or Selective Adhesives
UV Cured & Conductive Inks

•

•



NAMEPLATES & LOGOS

BC 2013.1

CUSTOM LABELS

Site #010859
ISO 14001
ISO 9001

TS 16949 
Site #1047263 
Site #1062702

AS 9100
Site #A8856
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NAMEPLATES
Precise Logo Reproduction
Injection Molded Nameplates
   Raised & Recessed Characters
   Insert In-Mold Decorating
   Selective Texturing
   Various Surface Treatments
   Protective Gloss & Matte Topcoats
   Metallic Finishes
Deep-Etched 3D Nameplates
   Painting
   Imprinting
   Graining
   Polishing
   Foil Stamping
High Color Accuracy
Embossed & Debossed
UV Cured
Top Surface Printing

AVAILABLE IN
Magnesium
Aluminum
Brass
Zinc
Stainless Steel
Holograms
Polycarbonate (Lexan)
Polyester (Mylar)
Polyimide•
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PROPERTY ID TAGS
Ideal to Protect Against Theft 
& for Maintenance Tracking
Tamper Evident 
Destructible Vinyl
Serialized or Barcoded
Security Cuts
Wide Variety of Materials
Glossy or Matte Finish
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SEQUENTIAL SERIALIZATION
Barcode
Alphanumeric
Infrared Scannable
Thermal & Transfer 
Ribbon Printable
Available In:   
   Roll & Sheet Form
   Die Cut
   Perforated
   Fanfolded
   Pinfeed
   Multi-label Sets
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DOMED LOGOS
Protective Top Coat for 
Printed Polyester, Vinyl or 
Polycarbonates
Self-Healing
Custom Selective Doming
Curved Doming
Scripted Doming
Double Doming
Clear, High Gloss Finish
Protective Polyurethane 
Topcoat
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